/843335-00 | DCM AF 75241 /2625

Node A+/ Node AM Digital Channel Module (DCM) dual band medium power
for LTE 700 and LTE2600

Product Classification

Regional Availability EMEA

Product Type RF repeater unit

General Specifications

Performance Note Values typical, unless otherwise stated

Electrical Specifications

Electrical Safety Standard IEC/EN 62368-1

Gain, typical 70 dB (Band 1) + 72 dB (Band 2)

Gain Adjustment Range 30dB

License Band LTE 700 (Band 1) + LTE 2600 (Band 2)

Power Consumption 110w

Electrical Compliance EN 301 908-15 (Band 1) + EN 301 908-15 (Band 2)

Electrical Specifications, Rx (Uplink)
Operating Frequency Band 703 = 733 MHz (Band 1) + 2500 to 2570 MHz (Band 2)
Output Power @ One Carrier 26 dBm LTE (Band 1) + 27 dBm LTE (Band 2)

Electrical Specifications, Tx (Downlink)
Operating Frequency Band 758 — 788 MHz (Band 1) + 2620 — 2690 MHz (Band 2)
Output Power @ One Carrier 24 dBm LTE (Band 1) + 25 dBm LTE (Band 2)

Environmental Specifications
Operating Temperature -33°Cto+55°C (-27.4 °Fto +131 °F)
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/843335-00 | DCM AF 75241 /2625

Ingress Protection Test Method |IEC 60529:2001, IP65

Packaging and Weights

Weight, net 6kg | 13.2281b

Regulatory Compliance/Certifications

Agency Classification

CHINA-ROHS Above maximum concentration value
ROHS Compliant/Exempted

UK-ROHS Compliant/Exempted

&

Page 2 of 2

©2023 CommScope, Inc. All rights reserved. CommScope and the CommScope logo are registered trademarks of CommScope and/or its

®
affiliates in the U.S. and other countries. For additional trademark information see https://www.commscope.com/trademarks. All product names, COM MSCOPE

trademarks and registered trademarks are property of their respective owners. Revised: May 12, 2023




